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SPECIFICATIONS CUL
Rated Voltoge AC 300V
Rated Current 15A
Item No. A(mm) A(inch) Vire Size 26-14AVEG
MC24333 100 0394 Houslng Material Polyarde 66 CULS4V-D>
Terninal Bross, Tin plotad
Pltch 5.00mm <0.197Inchd Wie protector Stolnless strip steel
Screw Skze N2&, steel, Zinc plated
) Opernting Tanperature | -4D°C ta +105'C
Note: Torque 25 a-inch
Screw Plating: Changes are avallable upon request PCE Hole Dianeter ¢ ROHS
L FRe Na. FiT7040 .
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