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NOTE:
1. NEMA TAB: 0.250 INCH (6.35mm)
2. SURFACE TREATMENT: TIN PLATED
3. DESCRIPTION: 3-WAY ADAPTER (2 MALE TAB)
4. THICKNESS: 0.4MM
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