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1. New product shall be reference to Ballcore GR—326 standard.
2. Insertlon loss: <=0.2dB typleal (1300nm).

Key Optics: MMF—62.5/125 optical fiber cable OFNR(UL) E241104
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DISCLAIMER:

ALL STATEMENTS AND TEGHNK:AL INFORMATKIN CONTAINED
HEREIN ARE BASED UPON INFORMATION AND/CR TESTS WE
BELIEVE TO BE ACCURATE AND RELIABLE. SINCE
CONDITKOINS OF USE ARE  BEYOND QUR CONTRQL, THE
USER SHALL DETERMINE THE SUITABILUTY QF THE PRODUCT
FOR THE INTENDED USE AND ASSUME ALL RISK AND
LIABILITY WHATSQEVER IN CONNECTKIN THEREWITH,

TOLERANCES:

UNLESS OTHERWISE
SPECIFIED,
DIMENSIONS ARE
FOR REFERENCE
PURPOSES ONLY.

Heat Shrink Tubing Cable
@X>
spc# | Lengmn

SPC22882 1
SPC22883 2
SPC22884 3
SPC22885 5
SPC22886 10
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